
Z-247

Temperature Temperature Temperature Temperature
(KELVIN) E, µV (KELVIN) E, µV (KELVIN) E, µV (KELVIN) E, µV

35 545.40 70 1136.21 105 1776.71
36 561.86 71 1153.80 106 1795.73
37 578.31 72 1171.44 107 1814.78

3 28.02 38 594.76 73 1189.12 108 1833.86
4 39.94 39 611.22 74 1206.84 109 1852.99

5 52.84 40 627.68 75 1224.60 110 1872.14
6 66.58 41 644.16 76 1242.40 111 1891.34
7 81.01 42 660.65 77 1260.25 112 1910.57
8 96.02 43 677.16 78 1278.14 113 1929.83
9 111.51 44 693.69 79 1296.08 114 1949.13

10 127.39 45 710.24 80 1314.05 115 1968.46
11 143.58 46 726.82 81 1332.07 116 1987.82
12 160.02 47 743.43 82 1350.13 117 2007.22
13 176.65 48 760.07 83 1368.23 118 2026.65
14 193.42 49 776.74 84 1386.37 119 2046.11

15 210.29 50 793.45 85 1404.56 120 2065.61
16 227.23 51 810.20 86 1422.79 121 2085.14
17 244.21 52 826.98 87 1441.05 122 2104.70
18 261.21 53 843.80 88 1459.36 123 2124.29
19 278.20 54 860.66 89 1477.71 124 2143.91

20 295.18 55 877.56 90 1496.10 125 2163.56
21 312.14 56 894.50 91 1514.53 126 2183.24
22 329.06 57 911.49 92 1533.00 127 2202.96
23 345.94 58 928.51 93 1551.52 128 2222.70
24 362.77 59 945.58 94 1570.07 129 2242.47

25 379.56 60 962.70 95 1588.66 130 2262.27
26 396.31 61 979.85 96 1607.29 131 2282.10
27 413.01 62 997.05 97 1625.96 132 2301.96
28 429.67 63 1014.29 98 1644.67 133 2321.85
29 446.29 64 1013.58 99 1663.42 134 2341.76

30 462.87 65 1048.91 100 1682.21 135 2361.70
31 479.43 66 1066.28 101 1701.03 136 2381.68
32 495.95 67 1083.70 102 1719.90 137 2401.67
33 512.45 68 1101.16 103 1738.80 138 2421.70
34 528.93 69 1118.66 104 1757.74 139 2441.75
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Z-248

Z

Temperature Temperature Temperature Temperature
(KELVIN) E, µV (KELVIN) E, µV (KELVIN) E, µV (KELVIN) E, µV

140 2461.83 175 3180.19 210 3923.82 245 4686.39
141 2481.94 176 3201.12 211 3945.38 246 4708.38
142 2502.07 177 3222.07 212 3966.95 247 4730.37
143 2522.23 178 3243.04 213 3988.54 248 4752.38
144 2542.42 179 3264.03 214 4010.15 249 4774.39

145 2562.63 180 3285.03 215 4031.77 250 4796.41
146 2582.87 181 3306.06 216 4053.40 251 4818.45
147 2603.13 182 3327.11 217 4075.06 252 4840.49
148 2623.42 183 3348.18 218 4096.72 253 4862.54
149 2643.73 184 3369.27 219 4118.40 254 4884.60

150 2664.07 185 3390.37 220 4140.09 255 4906.68
151 2684.44 186 3411.50 221 4161.80 256 4928.76
152 2704.82 187 3432.64 222 4183.52 257 4950.85
153 2725.24 188 3453.80 223 4205.26 258 4972.96
154 2745.67 189 3474.98 224 4227.01 259 4995.07

155 2766.14 190 3496.18 225 4248.77 260 5017.20
156 2786.62 191 3517.40 226 4270.55 261 5039.34
157 2807.13 192 3538.63 227 4292.33 262 5061.49
158 2827.67 193 3559.88 228 4314.13 263 5083.65
159 2848.22 194 3581.15 229 4335.95 264 5105.83

160 2868.80 195 3602.44 230 4357.77 265 5128.01
161 2889.41 196 3623.75 231 4379.61 266 5150.21
162 2910.03 197 3645.07 232 4401.45 267 5172.42
163 2930.68 198 3666.41 233 4423.31 268 5194.64
164 2951.35 199 3687.77 234 4445.18 269 5216.87

165 2972.05 200 3709.14 235 4467.06 270 5239.11
166 2992.77 201 3730.54 236 4488.95 271 5261.36
167 3013.50 202 3751.95 237 4510.85 272 5283.62
168 3034.27 203 3773.37 238 4532.76 273 5305.88
169 3055.05 204 3794.82 239 4554.68 274 5328.16

170 3075.85 205 3816.28 240 4576.61 275 5350.44
171 3096.68 206 3837.75 241 4598.55 276 5372.73
172 3117.52 207 3859.25 242 4620.49 277 5395.02
173 3138.39 208 3880.76 243 4642.45 278 5417.31
174 3159.28 209 3902.28 244 4664.42 279 5439.61




